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Specifications:

* Sensitivity: -250 A to +250 pA (£15%)

* Internal resistance: 650 Q +15%

* Insulation resistance: 50MQ (100VDC @ 68°F, 70% relative humidity)
» Damping: Pointer reaches final position within one second
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|Qua|ity, Speed, & Service (800) 346-6873 http://www.mouser.com




