1 3 4 5 6 8
A
TP RL Cl ||_470pF
L N
VIN A o 2305 DI 0603 TP4
MDMK4040T6R8MM 1
ca cs c6 c2 c3 c7 R2 c8 . 3 =
— ==1206 | ==1206 =—=1206 ==1206 =—=1206 1206 {1206
100K
P2 4.70F anF | awF a7k | aTF 470F —
cuu | cis | co cio | cu | cw R3
= ==1206 ==1206 ==1206 =—1206 =—1206 =—1206 1206
otos 220F | NC NC NC 220F | 220F 100K
221K
cis
——0603
8 Tiom: (TPPS
D4 = Flyback Transformer v
PBIAS 53
0603
c17 MMSDA148TIG o
0603 R18 ci6
1R 1206 =
UL ) 680pF
= sw 1. -
1 NC  R9
2 15 R7 )RS
w17 1| — PGND CSN e 0603 0603
3. ([ — o 56K <0
0805
10 PBIAS 4 | ppias svee 22
PVEE 5 | pvec seND |12
RIL
R10 150K FREQ 6 ppeq o [EE
0603 0603
—S5 7 g comp 10 20K
p8 R12 130K EN 8 | en pGoOD |2 .
L 0603 § R13
N R16 1K - 0603
i KTB1100EYAA-TE s [0 Q806K | c19 ca1 c22 R14
R15 L 0603
%% Jco | ca | e | e | | cor | s 20 W O-LF 62K
= 0603 ==0603 == 0603 ==0603 o
wF | owF | oawr | wF | 560pF | 0.uF | 0.2uF —
2.2nF
c29
t I
= 1812 A4
4700pF
= o Kinetic Technologies
o Title KTB100EYAA-MMEVO01 Kineti Tehnologies
Ste250
San Jose, Ca95119
) - UsA
Size: A3 Number:1 Revision:1.0 k’n E t’c
Date: 3/7/2023 Time: 12:04:31 PM ‘ Sheet1 of 1 technologies
DrawnBy: Ricardo Portals
1 3 4 5 6 ‘ 8

SCH-0012-01




& KTB1100EYAA-X
Kinetic TechnoloQie

www.kinet-ic.com

\ M. 11/17/2022

3 @

1.101n

Q
N
)
<
I
(@]
(2]



1.101n

<
&
o
Q
I
O
(2]



	Schematic Prints("All Documents",Physical)
	KTB1100EYAA-MMEV01.SchDoc(KTB1100EYAA-MMEV01)
	Components
	C1
	C1-1
	C1-2

	C2
	C2-1
	C2-2

	C3
	C3-1
	C3-2

	C4
	C4-1
	C4-2

	C5
	C5-1
	C5-2

	C6
	C6-1
	C6-2

	C7
	C7-1
	C7-2

	C8
	C8-1
	C8-2

	C9
	C9-1
	C9-2

	C10
	C10-1
	C10-2

	C11
	C11-1
	C11-2

	C12
	C12-1
	C12-2

	C13
	C13-1
	C13-2

	C14
	C14-1
	C14-2

	C15
	C15-1
	C15-2

	C16
	C16-1
	C16-2

	C17
	C17-1
	C17-2

	C18
	C18-1
	C18-2

	C19
	C19-1
	C19-2

	C20
	C20-1
	C20-2

	C21
	C21-1
	C21-2

	C22
	C22-1
	C22-2

	C23
	C23-1
	C23-2

	C24
	C24-1
	C24-2

	C25
	C25-1
	C25-2

	C26
	C26-1
	C26-2

	C27
	C27-1
	C27-2

	C28
	C28-1
	C28-2

	C29
	C29-1
	C29-2

	C30
	C30-1
	C30-2

	D1
	D1-1
	D1-2
	D1-3

	D3
	D3-1
	D3-2

	D4
	D4-1
	D4-2

	L1
	L1-1
	L1-2

	R1
	R1-1
	R1-2

	R2
	R2-1
	R2-2

	R3
	R3-1
	R3-2

	R4
	R4-1
	R4-2

	R5
	R5-1
	R5-2

	R6
	R6-1
	R6-2

	R7
	R7-1
	R7-2

	R8
	R8-1
	R8-2

	R9
	R9-1
	R9-2

	R10
	R10-1
	R10-2

	R11
	R11-1
	R11-2

	R12
	R12-1
	R12-2

	R13
	R13-1
	R13-2

	R14
	R14-1
	R14-2

	R15
	R15-1
	R15-2

	R16
	R16-1
	R16-2

	R17
	R17-1
	R17-2

	R18
	R18-1
	R18-2

	T1
	T1-1
	T1-2
	T1-3
	T1-4
	T1-5
	T1-6
	T1-7
	T1-8

	TP1
	TP1-1

	TP2
	TP2-1

	TP3
	TP3-1

	TP4
	TP4-1

	TP5
	TP5-1

	TP6
	TP6-1

	U1
	U1-1
	U1-2
	U1-3
	U1-4
	U1-5
	U1-6
	U1-7
	U1-8
	U1-9
	U1-10
	U1-11
	U1-12
	U1-13
	U1-14
	U1-15
	U1-16


	Nets
	AGND
	Pins
	C9-1
	C10-1
	C11-1
	C12-1
	C13-1
	C14-1
	C15-1
	C19-1
	C20-1
	C21-1
	C22-1
	C29-2
	R3-1
	R6-1
	R14-1
	T1-5
	T1-7
	TP5-1
	U1-12


	EN
	Pins
	C28-2
	R12-1
	R15-2
	R16-1
	U1-8

	NetLabels
	EN


	FREQ
	Pins
	C23-2
	R10-1
	U1-6

	NetLabels
	FREQ


	GND
	Pins
	C2-1
	C3-1
	C4-1
	C5-1
	C6-1
	C7-1
	C17-1
	C23-1
	C24-1
	C25-1
	C26-1
	C27-1
	C28-1
	C29-1
	C30-1
	R15-1
	T1-2
	TP2-1
	U1-2


	NetC1_2
	Pins
	C1-2
	R1-1


	NetC2_2
	Pins
	C2-2
	C3-2
	C7-2
	C8-2
	L1-1
	R2-2
	T1-1


	NetC8_1
	Pins
	C8-1
	D3-2
	R2-1


	NetC15_2
	Pins
	C15-2
	R4-1
	R9-2


	NetC16_1
	Pins
	C16-1
	R8-1


	NetC18_1
	Pins
	C18-1
	R9-1
	U1-15


	NetC18_2
	Pins
	C18-2
	R6-2
	U1-16


	NetC19_2
	Pins
	C19-2
	R13-2
	U1-10


	NetC20_2
	Pins
	C20-2
	R13-1


	NetC21_2
	Pins
	C21-2
	U1-13


	NetC22_2
	Pins
	C22-2
	R18-2
	U1-14


	NetC24_2
	Pins
	C24-2
	C30-2
	R17-1
	U1-3


	NetD1_1
	Pins
	D1-1
	D1-2
	R1-2
	R4-2
	T1-6
	T1-8


	NetD4_1
	Pins
	D4-1
	R5-1


	NetR5_2
	Pins
	R5-2
	T1-3


	NetR7_2
	Pins
	R7-2
	R8-2
	R11-1
	R14-2


	NetR11_2
	Pins
	R11-2
	U1-11


	NetR16_2
	Pins
	R16-2
	TP3-1


	PBIAS
	Pins
	C17-2
	C25-2
	D4-2
	U1-4

	NetLabels
	PBIAS
	PBIAS


	PGOOD
	Pins
	TP6-1
	U1-9

	NetLabels
	PGOOD


	PVCC
	Pins
	C26-2
	U1-5

	NetLabels
	PVCC


	SS
	Pins
	C27-2
	U1-7

	NetLabels
	SS


	SW
	Pins
	D3-1
	T1-4
	U1-1

	NetLabels
	SW


	VIN
	Pins
	C4-2
	C5-2
	C6-2
	L1-2
	R10-2
	R12-2
	R17-2
	TP1-1

	NetLabels
	VIN
	VIN


	VO
	Pins
	C1-1
	C9-2
	C10-2
	C11-2
	C12-2
	C13-2
	C14-2
	C16-2
	D1-3
	R3-2
	R7-1
	R18-1
	TP4-1

	NetLabels
	VO





	PCB Prints
	KTB1100EYAA-MMEV01.PcbDoc
	TOP
	Components
	C1
	C1-1
	C1-2

	C2
	C2-2
	C2-1

	C3
	C3-2
	C3-1

	C4
	C4-2
	C4-1

	C5
	C5-2
	C5-1

	C6
	C6-2
	C6-1

	C7
	C7-2
	C7-1

	C8
	C8-2
	C8-1

	C9
	C9-2
	C9-1

	C10
	C10-2
	C10-1

	C11
	C11-2
	C11-1

	C12
	C12-2
	C12-1

	C13
	C13-2
	C13-1

	C14
	C14-2
	C14-1

	C15
	C15-1
	C15-2

	C16
	C16-1
	C16-2

	C17
	C17-1
	C17-2

	C18
	C18-1
	C18-2

	C19
	C19-1
	C19-2

	C20
	C20-1
	C20-2

	C21
	C21-1
	C21-2

	C22
	C22-1
	C22-2

	C23
	C23-1
	C23-2

	C24
	C24-1
	C24-2

	C25
	C25-1
	C25-2

	C26
	C26-1
	C26-2

	C27
	C27-1
	C27-2

	C28
	C28-1
	C28-2

	C29
	C29-1
	C29-2

	C30
	C30-1
	C30-2

	D1
	D1-3
	D1-2
	D1-1

	D3
	D3-1
	D3-2

	D4
	D4-2
	D4-1

	L1
	L1-1
	L1-2

	R1
	R1-1
	R1-2

	R2
	R2-2
	R2-1

	R3
	R3-2
	R3-1

	R4
	R4-2
	R4-1

	R5
	R5-2
	R5-1

	R6
	R6-2
	R6-1

	R7
	R7-2
	R7-1

	R8
	R8-2
	R8-1

	R9
	R9-2
	R9-1

	R10
	R10-2
	R10-1

	R11
	R11-2
	R11-1

	R12
	R12-2
	R12-1

	R13
	R13-2
	R13-1

	R14
	R14-2
	R14-1

	R15
	R15-2
	R15-1

	R16
	R16-1
	R16-2

	R17
	R17-2
	R17-1

	R18
	R18-2
	R18-1

	T1
	T1-4
	T1-3
	T1-2
	T1-1
	T1-8
	T1-7
	T1-6
	T1-5

	TP1
	TP1-1

	TP2
	TP2-1

	TP3
	TP3-1

	TP4
	TP4-1

	TP5
	TP5-1

	TP6
	TP6-1

	U1
	U1-1
	U1-2
	U1-3
	U1-4
	U1-5
	U1-6
	U1-7
	U1-8
	U1-16
	U1-15
	U1-14
	U1-13
	U1-12
	U1-11
	U1-10
	U1-9


	Nets
	AGND
	C9-1
	C10-1
	C11-1
	C12-1
	C13-1
	C14-1
	C15-1
	C19-1
	C20-1
	C21-1
	C22-1
	C29-2
	R3-1
	R6-1
	R14-1
	T1-5
	T1-7
	TP5-1
	U1-12

	EN
	C28-2
	R12-1
	R15-2
	R16-1
	U1-8

	FREQ
	C23-2
	R10-1
	U1-6

	GND
	C2-1
	C3-1
	C4-1
	C5-1
	C6-1
	C7-1
	C17-1
	C23-1
	C24-1
	C25-1
	C26-1
	C27-1
	C28-1
	C29-1
	C30-1
	R15-1
	T1-2
	TP2-1
	U1-2

	NetC1_2
	C1-2
	R1-1

	NetC2_2
	C2-2
	C3-2
	C7-2
	C8-2
	L1-1
	R2-2
	T1-1

	NetC8_1
	C8-1
	D3-2
	R2-1

	NetC15_2
	C15-2
	R4-1
	R9-2

	NetC16_1
	C16-1
	R8-1

	NetC18_1
	C18-1
	R9-1
	U1-15

	NetC18_2
	C18-2
	R6-2
	U1-16

	NetC19_2
	C19-2
	R13-2
	U1-10

	NetC20_2
	C20-2
	R13-1

	NetC21_2
	C21-2
	U1-13

	NetC22_2
	C22-2
	R18-2
	U1-14

	NetC24_2
	C24-2
	C30-2
	R17-1
	U1-3

	NetD1_1
	D1-1
	D1-2
	R1-2
	R4-2
	T1-6
	T1-8

	NetD4_1
	D4-1
	R5-1

	NetR5_2
	R5-2
	T1-3

	NetR7_2
	R7-2
	R8-2
	R11-1
	R14-2

	NetR11_2
	R11-2
	U1-11

	NetR16_2
	R16-2
	TP3-1

	PBIAS
	C17-2
	C25-2
	D4-2
	U1-4

	PGOOD
	TP6-1
	U1-9

	PVCC
	C26-2
	U1-5

	SS
	C27-2
	U1-7

	SW
	D3-1
	T1-4
	U1-1

	VIN
	C4-2
	C5-2
	C6-2
	L1-2
	R10-2
	R12-2
	R17-2
	TP1-1

	VO
	C1-1
	C9-2
	C10-2
	C11-2
	C12-2
	C13-2
	C14-2
	C16-2
	D1-3
	R3-2
	R7-1
	R18-1
	TP4-1



	BOTTOM
	Components
	C1
	C1-1
	C1-2

	C2
	C2-2
	C2-1

	C3
	C3-2
	C3-1

	C4
	C4-2
	C4-1

	C5
	C5-2
	C5-1

	C6
	C6-2
	C6-1

	C7
	C7-2
	C7-1

	C8
	C8-2
	C8-1

	C9
	C9-2
	C9-1

	C10
	C10-2
	C10-1

	C11
	C11-2
	C11-1

	C12
	C12-2
	C12-1

	C13
	C13-2
	C13-1

	C14
	C14-2
	C14-1

	C15
	C15-1
	C15-2

	C16
	C16-1
	C16-2

	C17
	C17-1
	C17-2

	C18
	C18-1
	C18-2

	C19
	C19-1
	C19-2

	C20
	C20-1
	C20-2

	C21
	C21-1
	C21-2

	C22
	C22-1
	C22-2

	C23
	C23-1
	C23-2

	C24
	C24-1
	C24-2

	C25
	C25-1
	C25-2

	C26
	C26-1
	C26-2

	C27
	C27-1
	C27-2

	C28
	C28-1
	C28-2

	C29
	C29-1
	C29-2

	C30
	C30-1
	C30-2

	D1
	D1-3
	D1-2
	D1-1

	D3
	D3-1
	D3-2

	D4
	D4-2
	D4-1

	L1
	L1-1
	L1-2

	R1
	R1-1
	R1-2

	R2
	R2-2
	R2-1

	R3
	R3-2
	R3-1

	R4
	R4-2
	R4-1

	R5
	R5-2
	R5-1

	R6
	R6-2
	R6-1

	R7
	R7-2
	R7-1

	R8
	R8-2
	R8-1

	R9
	R9-2
	R9-1

	R10
	R10-2
	R10-1

	R11
	R11-2
	R11-1

	R12
	R12-2
	R12-1

	R13
	R13-2
	R13-1

	R14
	R14-2
	R14-1

	R15
	R15-2
	R15-1

	R16
	R16-1
	R16-2

	R17
	R17-2
	R17-1

	R18
	R18-2
	R18-1

	T1
	T1-4
	T1-3
	T1-2
	T1-1
	T1-8
	T1-7
	T1-6
	T1-5

	TP1
	TP1-1

	TP2
	TP2-1

	TP3
	TP3-1

	TP4
	TP4-1

	TP5
	TP5-1

	TP6
	TP6-1

	U1
	U1-1
	U1-2
	U1-3
	U1-4
	U1-5
	U1-6
	U1-7
	U1-8
	U1-16
	U1-15
	U1-14
	U1-13
	U1-12
	U1-11
	U1-10
	U1-9


	Nets
	AGND
	C9-1
	C10-1
	C11-1
	C12-1
	C13-1
	C14-1
	C15-1
	C19-1
	C20-1
	C21-1
	C22-1
	C29-2
	R3-1
	R6-1
	R14-1
	T1-5
	T1-7
	TP5-1
	U1-12

	EN
	C28-2
	R12-1
	R15-2
	R16-1
	U1-8

	FREQ
	C23-2
	R10-1
	U1-6

	GND
	C2-1
	C3-1
	C4-1
	C5-1
	C6-1
	C7-1
	C17-1
	C23-1
	C24-1
	C25-1
	C26-1
	C27-1
	C28-1
	C29-1
	C30-1
	R15-1
	T1-2
	TP2-1
	U1-2

	NetC1_2
	C1-2
	R1-1

	NetC2_2
	C2-2
	C3-2
	C7-2
	C8-2
	L1-1
	R2-2
	T1-1

	NetC8_1
	C8-1
	D3-2
	R2-1

	NetC15_2
	C15-2
	R4-1
	R9-2

	NetC16_1
	C16-1
	R8-1

	NetC18_1
	C18-1
	R9-1
	U1-15

	NetC18_2
	C18-2
	R6-2
	U1-16

	NetC19_2
	C19-2
	R13-2
	U1-10

	NetC20_2
	C20-2
	R13-1

	NetC21_2
	C21-2
	U1-13

	NetC22_2
	C22-2
	R18-2
	U1-14

	NetC24_2
	C24-2
	C30-2
	R17-1
	U1-3

	NetD1_1
	D1-1
	D1-2
	R1-2
	R4-2
	T1-6
	T1-8

	NetD4_1
	D4-1
	R5-1

	NetR5_2
	R5-2
	T1-3

	NetR7_2
	R7-2
	R8-2
	R11-1
	R14-2

	NetR11_2
	R11-2
	U1-11

	NetR16_2
	R16-2
	TP3-1

	PBIAS
	C17-2
	C25-2
	D4-2
	U1-4

	PGOOD
	TP6-1
	U1-9

	PVCC
	C26-2
	U1-5

	SS
	C27-2
	U1-7

	SW
	D3-1
	T1-4
	U1-1

	VIN
	C4-2
	C5-2
	C6-2
	L1-2
	R10-2
	R12-2
	R17-2
	TP1-1

	VO
	C1-1
	C9-2
	C10-2
	C11-2
	C12-2
	C13-2
	C14-2
	C16-2
	D1-3
	R3-2
	R7-1
	R18-1
	TP4-1








